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Nr. A B C
21703 25 50 50 100

21704 25 50 75 150

21705 25 50 100 200

21706 25 50 125 250

22957 25 50 150 302

22959 25 50 200 403

22885 25 50 250 503

21707 25 50 500 1.009

21488 25 100 125 506

28032 25 100 150 600

21347 25 100 175 708

21496 25 125 125 630

21348 25 125 175 888

21349 25 125 225 1.135

21350 25 150 150 908

21351 25 150 175 1.048

21352 25 150 200 1.211

21353 25 150 225 1.348

21354 25 150 250 1.523

21355 25 175 375 2.606

21356 25 200 200 1.617

21357 25 200 225 1.826

28033 25 200 300 2.590

21358 25 200 400 3.246

21360 25 250 300 3.035

21359 25 250 500 5.061

21361 25 300 400 4.860

21362 25 300 500 6.068

22911 25 400 500 8.200

22915 25 400 600 9.900

22913 25 500 500 10.250

22919 25 600 600 14.900

22921 25 600 800 19.900

20280 25 600 1000 24.700

Nr. A B C
21698 40 80 80 410

21699 40 80 120 619

21700 40 80 160 825

21701 40 80 200 1.031

22909 40 80 240 1.239

22910 40 80 280 1.440

22906 40 80 320 1.647

21702 40 80 800 4.125

22862 40 160 200 2.027

22861 40 160 240 2.486

21257 40 160 280 2.900

22860 40 200 200 2.568

22842 40 200 240 3.092

21258 40 200 280 3.600

22843 40 200 320 4.123

21259 40 200 360 4.638

22851 40 200 400 5.153

21260 40 240 240 3.670

21261 40 240 280 4.291

21262 40 240 320 4.904

21263 40 240 360 5.517

21264 40 240 400 6.133

22839 40 280 320 5.800

22900 40 280 360 6.500

21265 40 280 600 10.900

21266 40 320 320 6.539

21267 40 320 360 7.356

21268 40 320 640 13.078

21269 40 400 480 12.500

21303 40 400 800 21.000

21270 40 480 640 20.200

21271 40 480 800 24.800

28079 40 800 800 41.000

28080 40 960 960 59.000

28081 40 960 1280 78.000

28082 40 960 1600 98.000

Nr. A B C
28093 50 100 100 800

27858 50 100 150 1.200

28094 50 100 200 1.600

28095 50 100 250 2.000

28096 50 100 300 2.400

28097 50 100 400 3.200

28098 50 100 500 4.000

28099 50 100 1000 8.100

28100 50 200 250 4.000

27857 50 200 300 5.000

28101 50 200 350 5.600

28102 50 250 250 5.000

28103 50 250 350 7.000

28104 50 250 500 10.000

28105 50 300 300 7.200

28106 50 300 350 8.400

28107 50 300 400 10.000

28108 50 300 450 11.000

28109 50 300 500 12.000

28110 50 350 750 22.000

28111 50 400 400 13.000

28112 50 400 450 14.500

28113 50 400 600 24.000

28114 50 400 800 25.000

28115 50 500 600 30.000

28116 50 500 1000 41.000

28117 50 600 800 44.000

28118 50 600 1000 48.000

28119 50 800 1000 72.000

28120 50 800 1200 80.000

28121 50 1000 1000 80.000

ALUFIX BASE PLATES

ALUFIX CLASSIC base plates can be 
anodized in different colours. The colour 
natural is standard, black (-1) is available as an
alternative. Other colours on request

Other dimensions on request

AF40 CLASSIC, 
Grid (A) 40, hole diameter 20mm

AF50 CLASSIC, 
Grid (A) 50, hole diameter 25mm

AF25 CLASSIC, 
Grid (A) 25, hole diameter 12,5mm


