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M10 x 1,0 10 5,5 24 8 14 - - 10 260.110.0 1,3

M12 x 1,5 10 5,5 24 8 14 - - 10 260.111.0 1,4

M12 x 1,5 12 8,5 26 10 18 - - 10 260.112.0 1,8

M16 x 1,5 12 8,5 26 10 18 - - 10 260.115.0 2,0

M16 x 1,5 16 11,2 27 10 20 - - 10 260.116.0 2,3

M20 x 1,5 16 11,2 27 10 22 - - 10 260.117.0 2,6

M20 x 1,5 18 13,2 27 10 24 - - 10 260.118.0 2,7

M20 x 1,5 20 15,2 27 10 24 - - 10 260.120.0 3,0

M25 x 1,5 25 19,2 32 12 30 - - 5 260.125.0 5,4

M32 x 1,5 32 25,9 35 13 38 - - 5 260.132.0 8,1

M40 x 1,5 40 34,8 41 14 48 - - 2 260.140.0 15,0

M50 x 1,5 50 44,8 45 15 60 - - 2 260.150.0 22,4

M63 x 1,5 50 44,8 46 16 70 - - 2 260.160.0 28,6

M10 x 1,0 10 5,5 30 8 14 - 14 10 261.110.0 1,7

M12 x 1,5 10 5,5 30 8 14 - 14 10 261.111.0 1,9

M12 x 1,5 12 8,5 34 10 18 - 18 10 261.112.0 2,4

M16 x 1,5 12 8,5 34 10 18 - 18 10 261.115.0 3,1

M16 x 1,5 16 11,2 36 10 20 - 20 10 261.116.0 3,9

M20 x 1,5 16 11,2 36 10 20 - 22 10 261.117.0 4,2

M20 x 1,5 18 13,2 37 10 24 - 24 10 261.118.0 4,4

M20 x 1,5 20 15,2 37 10 24 - 24 10 261.120.0 4,9

M25 x 1,5 25 19,2 43 12 30 - 30 5 261.125.0 8,8

M32 x 1,5 32 25,9 47 13 38 - 38 5 261.132.0 13,3

M40 x 1,5 40 34,8 56 14 48 - 48 2 261.140.0 25,1

M50 x 1,5 50 44,8 60 15 60 - 60 2 261.150.0 36,7

M63 x 1,5 50 44,8 61 16 60 - 70 2 261.160.0 47,1
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ISO straight fi tting, fi xed, male, nickel plated brass.

Material & Construction:

Construction: Nickel plated brass fi tting, consisting 
of 2 parts (body and cap).
Material: Body and cap are nickel plated brass.
Temperature: -55 °C till +260 ºC continuous.
Protection class: IP 54.
Colour: Metal coloured.

Anaconda IP 54 nickel plated brass fi ttings for 

Multitite type FCD/FCE

Anconda IP 54 nickel plated brass fi ttings are standard fi ttings 
which can be used with Anaconda Multitite type FCD and FCE. 
These 2-piece fi ttings are universal and offer excellent corrosion 
protection in combination with a good appearance.

2 PIECE FITTINGS FOR FCD/FCE, IP 54, NICKEL PLATED BRASS

Thread Multitite Min. Internal 

Bore (mm)

Dimensions in mm Standard

Package

Article

Number

Weight

ISO Size (DN) A B C D E (Kg/100)

ISO straight fi tting, swivel, male, nickel plated brass.

Thread Multitite Min. Internal 

Bore (mm)

Dimensions in mm Standard

Package

Article

Number

Weight

ISO Size (DN) A B C D E (Kg/100)


