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M16 x 1,5 16 11,2 30 10 20 21 - 10 260.616.0 2,4

M20 x 1,5 16 11,2 30 10 22 21 - 10 260.617.0 2,8

M20 x 1,5 20 15,2 31 10 24 26 - 10 260.620.0 3,2

M25 x 1,5 25 19,2 37 12 30 30 - 5 260.625.0 5,7

M32 x 1,5 32 25,9 39 13 38 40 - 5 260.632.0 8,4

M16 x 1,5 16 11,2 39 10 20 21 20 10 261.616.0 4,0

M20 x 1,5 16 11,2 39 10 20 21 22 10 261.617.0 4,4

M20 x 1,5 20 15,2 41 10 24 26 24 10 261.620.0 5,1

M25 x 1,5 25 19,2 48 12 30 30 30 5 261.625.0 9,1

M32 x 1,5 32 25,9 51 13 38 40 38 5 261.632.0 13,6

ISO straight fi tting, fi xed, male, nickel plated brass.

Material & Construction:

Construction: Nickel plated brass fi tting, consisting 
of 2 parts (body and cap).
Material: Body and cap are nickel plated brass.
Temperature: -55 °C till +260 ºC continuous.
Protection class: IP 54.
Colour: Metal coloured.

Anaconda IP 54 nickel plated brass fi ttings for 

Multitite type FCE-LFHB

Anaconda Universal range of Multitite fi ttings are made of nickel

plated brass. The IP 54 rated fi tting are available in ISO and Pg 

thread and in fi xed and swivel executions for use with Anaconda 

Multitite Type FCE-LFHB. The 2 piece fi tting is designed to resist 

corrosion and handle tough operating conditions. 

2 PIECE FITTINGS FOR FCE-LFHB, IP 54, NICKEL PLATED BRASS
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ISO straight fi tting, swivel, male, nickel plated brass.
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