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M16 x 1,5 12 8,3 26 10 26 31 22 10 712.915.4 7,0

M20 x 1,5 12 8,3 26 10 26 32 24 10 712.914.4 8,3

M16 x 1,5 16 11,2 26 10 26 31 22 10 712.916.4 7,0

M20 x 1,5 16 11,2 26 10 26 32 24 10 712.917.4 8,3

M20 x 1,5 20 15,2 28 10 29 34 27 10 712.920.4 9,8

M25 x 1,5 25 19,2 32 10 35 40 33 5 712.925.4 17,0

M32 x 1,5 32 25,9 40 12 45 49 42 5 712.932.4 30,0

M50 x 1,5 40 35,1 52 14 62 57 60 2 712.945.4 60,5

M63 x 1,5 50 45,4 62 16 76 68 72 2 712.960.4 94,6

M16 x 1,5 12 4,0 - 8,3 50 10 26 24 18 10 712.715.4 7,2

M20 x 1,5 12 4,0 - 8,3 50 10 26 24 22 10 712.714.4 7,8

M16 x 1,5 16 4,0 - 9,5 50 10 26 24 18 10 712.716.4 7,2

M20 x 1,5 16 4,0 - 9,5 50 10 26 24 22 10 712.717.4 7,8

M20 x 1,5 20 6,0 - 13,0 53 10 29 27 22 10 712.720.4 8,2

M25 x 1,5 20 6,0 - 13,0 54 10 29 27 27 5 712.722.4 9,6

M25 x 1,5 25 10,0 - 18,0 56 10 35 33 27 5 712.725.4 12,5

M32 x 1,5 25 10,0 - 18,0 58 12 35 33 35 5 712.728.4 15,8

M32 x 1,5 32 16,0 - 25,0 61 12 45 42 35 5 712.732.4 22,5

M40 x 1,5 32 16,0 - 25,0 63 13 45 42 43 2 712.735.4 26,7

M16 x 1,5 12 8,3 48 10 26 24 21 10 813.015.4 8,1

M16 x 1,5 16 11,2 48 10 26 24 21 10 813.016.4 8,1

M20 x 1,5 20 15,2 49 10 29 27 25 10 813.020.4 10,2

M25 x 1,5 25 19,2 49 10 35 33 31 5 813.025.4 13,8

M32 x 1,5 32 25,9 55 12 45 42 38 5 813.032.4 32,5

M50 x 1,5 40 35,1 65 14 62 58 55 2 813.045.4 74,0

M63 x 1,5 50 45,4 74 16 76 72 68 2 813.060.4 130,0
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ISO 90° fi tting, compact, male, nickel plated brass

(including connection set).

Thread Multitite Min. Internal 

Bore (mm)

Dimensions in mm Standard

Package

Article

Number

Weight

ISO Size (DN) A B C D E (Kg/100)

Thread Multitite Clamping

range (mm)

Dimensions in mm Standard

Package

Article

Number

Weight

ISO Size (DN) A B C E F (Kg/100)

ISO cable-hose fi tting, compact, male, nickel plated brass, double 

seal according EN 45545-2, HL1 / HL2 / HL 3, table R22 and R23 

(incl. connection set).

COMPACT FITTINGS FOR FCD/FCE, IP 65, NICKEL PLATED BRASS

ISO straight swivel fi tting, male, nickel plated brass 

(including connection set).

Thread Multitite Min. Internal 

Bore (mm)

Dimensions in mm Standard

Package

Article

Number

Weight

ISO Size (DN) A B C E F (Kg/100)


