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DEU BESTELLUNG 
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CODE    
 
  

bar psi

CK 200 050 V1 170 2465 190 280
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ORDER
S

(mm)

L1
±0,25
(mm)

L

(mm)
 

 Kg.  

CK 200 007 V1 7 46 39 0.11
CK 200 010 V1 10 52 42 0.12
CK 200 012 V1 12.7 57.4 44.7 0.12
CK 200 016 V1 16 64 48 0.13
CK 200 019 V1 19 70 51 0.13
CK 200 025 V1 25 82 57 0.15
CK 200 032 V1 32 96 64 0.16
CK 200 038 V1 38 108 70 0.17
CK 200 050 V1 50 132 82 0.19
CK 200 063 V1 63.5 159 95.5 0.22
CK 200 080 V1 80 192 112 0.25
CK 200 100 V1 100 232 132 0.29

1,6 m/s psi
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CK 200 V1
Low Profile

S

L

L1

Ø25
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Ø12
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M6
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M3

2 x R1

4

!

Not to be
fixed by screws
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1,5F0 x
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ENG ORDER GAS SPRING REPAIR KIT FLANGE CHARGING ADAPTER
DEU BESTELLUNG GASDRUCKFEDER ERSATZTEILSATZ FLANSCHE LADEADAPTER
FRA COMMANDE RESSORT À GAZ KIT DE RÉPARATION BRIDE RACCORD DE CHARGE
ITA ORDINE CILINDRO AD AZOTO KIT DI MANUTENZIONE FLANGE ADATTATORE DI CARICO
ESP PEDIDO RESORTE DE GAS KIT DE REPARACION BRIDA ADAPTADOR DE CARGA
POR PEDIDO CILINDRO DE GÁS KIT DE MANUTENÇÃO FLANGE ADAPTADOR DE CARGA

CODE

SEAL

CARTRIDGE
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NC.060.10.00750.050
AG 750 050
215025247

97/23CE art.3.3

MAX 150 bar / 2175 psi N2
Made in Spain (EU)
XXXXXXX.
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NC.060.10.00750.050
AG 750 050
215025247

97/23CE art.3.3

MAX 150 bar / 2175 psi N2
Made in Spain (EU)
XXXXXXX.

www.azolgas.com

KIT S-XXXXXXX

KIT C-XXXXXXX

A14-025CK 200 050 V1

CK 200 V1 MOUNTS
Low Profile

06 CG 2-Q

4 x Ø6,6

21,5
9

S27

Ø50

A14-025

A49-025

2 x Ø6,75

38

30

Ø50

21,5
9

A19-025

A44-025
4 x Ø6,75

18

34
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Ø50

21,5
9

2 x Ø7
30

10

Ø50

38

Only to be used for 
strokes 5-25 mm

!


	CK
	CK 200 V1


