
Note 1:  AB31 Series is 2 port solenoid valve 

and opens when energized. The 

body and sealant materials are 

combined according to the working 

selected according to the relation of 

and ambient conditions, allowing the 

optimum valve to be selected.

Note 2: The dimensions are same for port 

sizes of G and NPT threads.

 Grommet lead wire type

AB31-01/02-1 to 6-* Blank

Model no. A B D F

AB31-01-1 to 6-AC

-02-1 to 6-AC
20 27 63 34

Dimensions: AB31 Series

AB31/41/42 Series
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* Refer to the grommet lead wire type dimensions on the left page for common dimensions.

 Mounting plate

AB31-01/02-1 to 6-*** B

 Manual operating device (locking)

AB31-01/02-1 to 6-*** A

 Stainless steel body + grommet lead wire type

AB31-01/02-1 to 6- D/E/F/R/W/L/M/N

 Open frame type + conduit

AB31-01/02-1 to 6-* G

H

3A

4A

5A

 Open frame type + HP terminal box

AB31-01/02-1 to 6-* /3

5

M

N
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J
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4N

 Open frame lead wire type

AB31-01/02-1 to 6-* 3A

4A

5A

 DIN terminal box

AB31-01/02-1 to 6-* E

G

H

2

Voltage A B C D

AC (2E/2G/2H) 20 62 50.5 (50) 20.5

DC (2E/2G/2H) 21 63.5 52 (51.5) 20.5

Optional dimensions: AB31 Series

Dimensions shown in ( ) are for stainless steel body.

AB31/41/42 Series
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CTC19 (G1/2)

53 (56)

Mounting plate No1 GE-100106

Dimensions shown in ( ) are for G1/2.

Dimensions shown in ( ) are for G1/2.
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