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Note 1: The dimensions are same for port sizes of G and NPT threads.

Note 2: Dimensions shown in ( ) are for SUS body.

Dimensions: ADK11 Series

 Grommet lead wire type

    ADK11-8A/10A-*2C

Model no. A B C D E F G

ADK11-15A-02C 71 27 (29) 14.5 75.5 102 50 Rc1/2

ADK11-20A-02C 80 32 (35) 17.5 79 108.5 60 Rc3/4

ADK11-25A-02C 90 41 (45) 21.5 (22.5) 84.5 118 (119) 71 Rc1

 Grommet lead wire type

    ADK11-15A/20A/25A-*2C

Note 1: The dimensions are same for port sizes of G and NPT threads.
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 Open frame type lead wire

    ADK11-8A to 25A-*

Optional dimensions: ADK11 Series

 DIN terminal box

    ADK11-8A to 25A-*

* Refer to the dimensions of grommet lead wire type on the left page for common dimensions.
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Dimensions shown in ( ) are for G1/2.

Model no. H J K L M

ADK11-8A to 25A-*2 -AC 23.5 65.5 54 (53.5) 38 22

ADK11-8A/10A-*2 -DC 23.5 66 54.5 (54) 38 22

ADK11-15A to 25A-*2 -DC 28 72 60.5 (60) 46 22

 Open frame type + HP terminal box

    ADK11-8A to 25A-*

 Open frame type + conduit

    ADK11-8A to 25A-*

Model no. M N P Q

ADK11-15A-***B 56 45 40

ADK11-20A-***B 63 50 45

ADK11-25A-***B 75 56 50
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 Mounting plate

    ADK11-8A/10A-*** B

 Mounting plate

    ADK11-15A/20A/25A-*** B

Dimensions shown in ( ) are for G1/2.
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