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保留更改的权利

支承轴颈 VDI 3366
带绳锁防护的支承轴颈, 带焊接的圆盘

           螺栓
订购编号 d1 d2 d4 d5* f l2 l3 l4 l5 l6 t 钻孔数量 负荷 单位 [kg]
2130.12.020 16 9 15 60 20 6 20 10 80 34 9 2 320
2130.12.025 20 11 18 70 25 8 25 10 90 37 11 2 630
2130.12.035 25 13.5 20 70 35 8 30 12 100 38 13 2 1,250
2130.12.040 32 17.5 26 110 40 10 32 16 120 46 17.5 2 2,000
2130.12.050 40 22 33 110 50 10 40 18 140 54 21.5 2 3,200
2130.12.060 50 26 40 150 60 12 45 22 160 59 25.5 2 5,000
2130.12.080 63 22 33 150 80 12 50 20 200 78 21.5 4 8,000
2130.12.100 80 26 40 150 100 15 65 25 250 100 25.5 4 12,500
2130.12.120 100 33 48 150 120 15 80 30 300 125 32 4 20,000
*钢丝绳防脱盘焊接在吊钩上            

2130.12. 带绳锁防护的支承轴颈, 带焊接的圆盘

           螺栓
订购编号 d1 d2 d4 f l2 l3 l4 l5 l6 t 钻孔数量 负荷 单位 [kg]
2130.11.020 16 9 15 20 6 20 10 80 34 9 2 320
2130.11.025 20 11 18 25 8 25 10 90 37 11 2 630
2130.11.035 25 13.5 20 35 8 30 12 100 38 13 2 1,250
2130.11.040 32 17.5 26 40 10 32 16 120 46 17.5 2 2,000
2130.11.050 40 22 33 50 10 40 18 140 54 21.5 2 3,200
2130.11.060 50 26 40 60 12 45 22 160 59 25.5 2 5,000
2130.11.080 63 22 33 80 12 50 20 200 78 21.5 4 8,000
2130.11.100 80 26 40 100 15 65 25 250 100 25.5 4 12,500
2130.11.120 100 33 48 120 15 80 30 300 125 32 4 20,000

         
  

2130.11. 支承轴颈 VDI 3366

https://www.de.shop.fibro.com/en/2130-12-
https://www.de.shop.fibro.com/en/2130-11-
https://fibro.partcommunity.com/3d-cad-models/2130-11-tragzapfen-vdi-3366-fibro?info=fibro%2Fnormalien%2Fc%2Fc02%2Fc02_01%2Fc02_01_04%2F2130_11.prj&cwid=2951
https://fibro.partcommunity.com/3d-cad-models/2130-12-tragzapfen-mit-seilsicherung-mit-angeschwei%C3%9Fter-scheibe-fibro?info=fibro%2Fnormalien%2Fc%2Fc02%2Fc02_01%2Fc02_01_04%2F2130_12.prj&cwid=2951



