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subject to alterations

max. carrying                       
capacity (2 lifting                       Socket head cap screw

Order No flanges) [kg]* d1 d2 a b c e f g h k l m n p s t u v w d3 d4 t1 DIN EN ISO 4762
2133.11.032 6400 30 32 126 185 80 75 50 38 85 50 158 45 40 12 16 20 40 30 35 17.5 26 17.5 M16x80
2133.11.042 10000 40 42 150 210 100 95 60 45 87 55 187 52 50 12 20 22.5 45 25 40 22 33 21.5 M20x100
2133.11.052 16000 50 52 175 240 120 115 75 50 95 70 220 62.5 60 16 24 25 50 35 45 26 40 25.5 M24x120
2133.11.062.36 25000 60 62 200 300 140 130 80 60 145 80 246 77.5 65 20 30 35 65 60 65 39 57 38 M36x160
2133.11.082 36000 80 82 250 300 160 150 100 75 105 95 305 100 90 20 30 30 60 30 60 33 48 32 M30x160

*The maximum permissible load capacity is to be calculated such that two lifting flanges one their own are capable of carrying or turning the tool.   

         

LIFTING FLANGE WITH BOLT WITH SAFETY RING, TO BMW

Note:
Centering pin 2445.10.022.045 to be ordered separately

Order No for spare part bolt with safety ring: 2133.11.□□□.1
Order No for lifting flange with bolt, with safety ring, two centering pins 
and fixing screws, to BMW: 2133.11.00.15.□□□, 2133.11.00.15.062.36

2133.11.
      

Lifting flange with bolt with safety ring, to BMW

https://www.de.shop.fibro.com/en/2133-11-
https://fibro.partcommunity.com/3d-cad-models/2133-11-tragwange-mit-bolzen-mit-fallringsicherung-nach-bmw-fibro?info=fibro%2Fnormalien%2Fc%2Fc02%2Fc02_01%2Fc02_01_25%2F2133_11.prj&cwid=2951



