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2192.30.

subject to alterations

HEXAGON SOCKET COUNTERSUNK HEAD CAP SCREW, 
ISO 10642 - STRENGTH CLASS 8.8

2192.30.
      

Hexagon socket countersunk head cap screw, ISO 10642 - Strength class 8.8

Order No M l lg d k s
2192.30.03.006 M3 6 3.2 6 1.7 2
2192.30.03.008 M3 8 3.2 6 1.7 2
2192.30.03.010 M3 10 3.2 6 1.7 2
2192.30.04.008 M4 8 4.4 8 2.3 2.5
2192.30.05.010 M5 10 5.2 10 2.8 3
2192.30.05.012 M5 12 5.2 10 2.8 3
2192.30.05.016 M5 16 5.2 10 2.8 3
2192.30.05.020 M5 20 5.2 10 2.8 3
2192.30.05.025 M5 25 5.2 10 2.8 3
2192.30.05.030 M5 30 5.2 10 2.8 3
2192.30.06.010 M6 10 6.3 12 3.3 4
2192.30.06.012 M6 12 6.3 12 3.3 4
2192.30.06.016 M6 16 6.3 12 3.3 4
2192.30.06.020 M6 20 6.3 12 3.3 4
2192.30.06.025 M6 25 6.3 12 3.3 4
2192.30.06.030 M6 30 6.3 12 3.3 4
2192.30.08.010 M8 10 5.6 16 4.4 5
2192.30.08.016 M8 16 8.2 16 4.4 5
2192.30.08.020 M8 20 8.2 16 4.4 5
2192.30.08.025 M8 25 8.2 16 4.4 5
2192.30.08.030 M8 30 8.2 16 4.4 5
2192.30.10.020 M10 20 10 20 5.5 6
2192.30.10.025 M10 25 10 20 5.5 6
2192.30.10.040 M10 40 10 20 5.5 6
2192.30.12.030 M12 30 11.8 24 6.5 8
2192.30.12.050 M12 50 11.8 24 6.5 8

https://www.de.shop.fibro.com/en/2192-30-
https://fibro.partcommunity.com/3d-cad-models/2192-30-senkschraube-mit-innensechskant-iso-10642-festigkeitsklasse-8-8-fibro?info=fibro%2Fnormalien%2Fc%2Fc03%2Fc03_18%2F2192-3.prj&cwid=2951



