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STRIPPING UNIT, FLANGED MOUNTING

Order No Stroke Initial spring force [daN] l l1 a
2477.050.00050.1.02 50 50 200 107 84
2477.050.00100.1.02 50 100 200 107 84
2477.050.00150.1.02 50 150 200 107 84
2477.050.00200.1.02 50 200 200 107 84
2477.080.00050.1.02 80 50 260 137 114
2477.080.00100.1.02 80 100 260 137 114
2477.080.00150.1.02 80 150 260 137 114
2477.080.00200.1.02 80 200 260 137 114

2477. .1.02
      

Stripping unit, flanged mounting

https://www.de.shop.fibro.com/en/2477-_-1-02
https://fibro.partcommunity.com/3d-cad-models/2477-1-02-abstreifer-flanschbefestigung-fibro?info=fibro%2Fnormalien%2Ff%2Ff10%2F2477_1_02.prj&cwid=3556



