
mind. 27

dm

120°

dk

l+1

d +0,08
- 0,15

DIN EN ISO 15984
[1.4301]

4,0

6,0 1,0 - 2,5 10.708.400.060 500 139,90

8,0 2,5 - 4,5 10.708.400.080 500 151,80

10,0 4,5 - 6,5 10.708.400.100 500 163,80

12,0 6,5 - 8,5 10.708.400.120 500 183,00

14,0 8,5 - 10,5 10.708.400.140 500 201,30

16,0 10,0 - 12,0 10.708.400.160 500 215,40

18,0 11,5 - 14,0 10.708.400.180 500 227,30

20,0 13,5 - 16,0 10.708.400.200 500 239,00

3,2

6,0 1,5 - 3,0 10.708.320.060 500 99,70

8,0 3,0 - 5,0 10.708.320.080 500 112,80

10,0 5,0 - 7,0 10.708.320.100 500 128,70

12,0 6,5 - 8,5 10.708.320.120 500 153,60

4,8

8,0 2,0 - 4,0 10.708.480.080 500 208,40

10,0 4,0 - 6,0 10.708.480.100 500 219,90

12,0 6,0 - 8,5 10.708.480.120 500 241,00

16,0 8,0 - 11,0 10.708.480.160 500 264,30

5,0

8,0 2,0 - 4,0 10.708.500.080 500 211,90

10,0 4,0 - 6,0 10.708.500.100 500 223,80

12,0 6,0 - 8,5 10.708.500.120 500 242,80

16,0 8,0 - 11,0 10.708.500.160 500 270,40

d l
+1 Nr. € /

1.000 d l
+1 Nr. € /

1.000

dk 6,0 -0,4 dm 1,9  3,3 mm  1800 N  2500 N

dk 7,5 -0,5 dm 2,5  4,1 mm  2750 N  3550 N

dk 9,0 -0,5 dm 2,9  4,9 mm  4250 N  5400 N

dk 9,3 -0,5 dm 2,9  5,1 mm  4700 N  5800 N
4,0

6,0 1,0 - 2,5 10.708.400.060 500

8,0 2,5 - 4,5 10.708.400.080 500

10,0 4,5 - 6,5 10.708.400.100 500

12,0 6,5 - 8,5 10.708.400.120 500

14,0 8,5 - 10,5 10.708.400.140 500

16,0 10,0 - 12,0 10.708.400.160 500

18,0 11,5 - 14,0 10.708.400.180 500

20,0 13,5 - 16,0 10.708.400.200 500

3,2

6,0 1,5 - 3,0 10.708.320.060 500

8,0 3,0 - 5,0 10.708.320.080 500

10,0 5,0 - 7,0 10.708.320.100 500

12,0 6,5 - 8,5 10.708.320.120 500

4,8

8,0 2,0 - 4,0 10.708.480.080 500

10,0 4,0 - 6,0 10.708.480.100 500

12,0 6,0 - 8,5 10.708.480.120 500

16,0 8,0 - 11,0 10.708.480.160 500

5,0

8,0 2,0 - 4,0 10.708.500.080 500

10,0 4,0 - 6,0 10.708.500.100 500

12,0 6,0 - 8,5 10.708.500.120 500

16,0 8,0 - 11,0 10.708.500.160 500

d l
+1 Nr. d l

+1 Nr.

Standard Blindniet ALFO®
Serie 10.708

Edelstahl A2 / Edelstahl A2/A3
Senkkopf <

offen <


