
VVG StarCoil

high wear resistance repair of damaged threads

extensive range of standardised sizes repair sets and 

NEW from May 2017
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Very simple handling
quickly and easily

1|DRILLING
2|CUTTING 
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StarCoil #1

High quality and complete.    
    

The small StarCoil one StarCoil FREE size in two lengths tool set1 2 6

VVG StarCoil 

BOX#1M3 
Stainless steel A2 M3 x 0.5 / 1.5 D
Stainless steel A2 M3 x 0.5 / 2.5 D

BOX#1M4 
Stainless steel A2 M4 x 0.7 / 1.5 D
Stainless steel A2 M4 x 0.7 / 2.5 D

BOX#1M5 
Stainless steel A2 M5 x 0.8 / 1.5 D
Stainless steel A2 M5 x 0.8 / 2.5 D

BOX#1M6 
Stainless steel A2 M6 x 1.0 / 1.5 D
Stainless steel A2 M6 x 1.0 / 2.5 D

BOX#1M8 
Stainless steel A2 M8 x 1.25 / 1.5 D
Stainless steel A2 M8 x 1.25 / 2.5 D

BOX#1M10 
Stainless steel A2 M10 x 1.5 / 1.5 D
Stainless steel A2 M10 x 1.5 / 2.5 D

BOX#1M12 Stainless steel A2 M12 x 1.75 / 1.5 DStainless steel A2 M12 x 1.75 / 2.5 D
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StarCoil #3

StarCoil #2

BOX#2
Stainless steel A2 M6 x 1.0 / 1.5 D
Stainless steel A2 M6 x 1.0 / 2.5 D
Stainless steel A2 M8 x 1.25 / 1.5 D
Stainless steel A2 M8 x 1.25 / 2.5 D
Stainless steel A2 M10 x 1.5 / 1.5 D
Stainless steel A2 M10 x 1.5 / 2.5 D

Coil three StarCoil FREE size in two lengthstool set 1 2
6

Coil seven StarCoil FREE size in two lengths tool set 1 2
6

BOX#3
Stainless steel A2 M3 x 0.5 / 1.5 D
Stainless steel A2 M3 x 0.5 / 2.5 D
Stainless steel A2 M4 x 0.7 / 1.5 D
Stainless steel A2 M4 x 0.7 / 2.5 D
Stainless steel A2 M5 x 0.8 / 1.5 D
Stainless steel A2 M5 x 0.8 / 2.5 D
Stainless steel A2 M6 x 1.0 / 1.5 D
Stainless steel A2 M6 x 1.0 / 2.5 D
Stainless steel A2 M8 x 1.25 / 1.5 D
Stainless steel A2 M8 x 1.25 / 2.5 D
Stainless steel A2 M10 x 1.5 / 1.5 D
Stainless steel A2 M10 x 1.5 / 2.5 D
Stainless steel A2 M12 x 1.75 / 1.5 DStainless steel A2 M12 x 1.75 / 2.5 D
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VVG StarCoil PRODUCT RANGE
StarCoilFREE  STAINLESS STEEL A2

StarCoil LOCK STAINLESS STEEL A2

Quick and reliable Dimensions  Diameter  
mm

Diameter 
mm

M2 x 0.40 R

100 100

x 0.45 R
M3 x 0.50 R
M4 x 0.70 R
M5 x 0.80 R
M6 x 1.00 R
M7 x 1.00 R
M8 x 1.25 R

x 1.00 F
M9 x 1.25 R

x 1.00 F

M10
x 1.50 R
x 1.25 F
x 1.00 F

M11 x 1.50 R
x 1.25 F

M12
x 1.75 R
x 1.50 F
x 1.25 F
x 1.00 F

M14
x 2.00 R
x 1.50 F
x 1.25 F

M16 x 2.00 R
x 1.50 F

M18
x 2.50 R
x 2.00 F
x 1.50 F

M20
x 2.50 R
x 2.00 F
x 1.50 F

M22
x 2.50 R
x 2.00 F
x 1.50 F

M24
x 3.00 R
x 2.00 F
x 1.50 F

M26 x 1.50 F
M27 x 3.00 R

x 2.00 F
M30 x 3.50 R
M36 x 4.00 R
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Dimensions   Diameter 2D mm unit
Diameter 

mm unit
Diameter 

mm unit
M2 R

100 100 100

R
M3 R
M4 R
M5 R
M6 R
M7 R
M8 R

F
M9 R

F

M10
R
F
F

M11 R
F

M12
R
F
F
F

M14
R
F
F

M16 R
F

M18
R
F
F

M20
R
F
F

M22
R
F
F

M24
R
F
F

M26 F
M27 R

F
M30 R
M36 R


